Product-PDF for Article 866038

MDT three-phase control and isolation transformer

P:21000VA IN:3x400VAC+5% OUT:3x400VAC

Art.No.: 866038

Weight: 100.000 kg

Country of origin: DE

Model designation: MDT 21000-3x400+5%/3x400

3-phase isolation transformer
21 000 VA

Isolation class T 40/H

Other voltages on request.

Link to Product

Illustration
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Product may differ from Image
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URL Webshop https://shop.murrelektronik.com/866038
GTIN 4048879593366
EU-Customs tariff number 85043300
US-Customs tariff number 8504330020
ECLASS-6.0 27031301
ECLASS-6.1 27031301
ECLASS-7.0 27031301
ECLASS-7.1 27031301
ECLASS-8.0 27031301
ECLASS-8.1 27031301
ECLASS-9.0 27031301
ECLASS-9.1 27031301
ECLASS-10.0.1 27031301
ECLASS-10.1 27031301
ECLASS-11.0 27031301
ECLASS-11.1 27031301
ECLASS-12.0 27031301
ECLASS-13.0 27031301

The information in this Product-PDF has been compiled with the utmost care.
Liability for the correctness completeness and topicality of the information is restricted to gross negligence. Version: 2026-09-14

Murrelektronik GmbH | GrabenstraBe 29 | 71570 Oppenweiler | Fon +49 (71 91) 47-0 | Fax +49 (71 91) 47-491000 | shop@murrelektronik.com | shop.murrelektronik.com


https://shop.murrelektronik.com/866038?lang=1

Product-PDF for Article 866038

2 MURR

ECLASS-14.0 27031301

ETIM-5.0 EC002485

ETIM-6.0 EC002485

ETIM-7.0 EC002485

ETIM-8.0 EC002485

ETIM-9.0 EC002485

ETIM-10.0 EC002485

customs tariff number 85043300

EAN 4048879593366

Packaging unit 1
Electrical data | Supply

Power frequency 50 ... 60 Hz
Electrical data | Input

Phase number input 3

Input voltage AC 400 V

Input voltage AC min. 380V

Input voltage AC max. 420V

Nominal input voltage AC 3

Input current AC (3-phase) 31,7A

Nominal current AC 3

Max. inrush current 665,7 A

Short-circuit current 749 A
Electrical data | Output

Output voltage adjustable No

Output voltage 3x 400 V AC

Output voltage AC 400 V

Power rating AC max. 21.000 VA
Device protection | Electrical

Insulation test voltage input - output 4,5 kV
Mechanical data | Mounting data

Height 460 mm

Width 420 mm

Depth 260 mm

Mounting method screwed

Mounting dimension a 316 mm

Mounting dimension b 173 mm
Environmental characteristics | Climatic

Operating temperature min. -20 °C

Operating temperature max. 40 °C

Ambient temperature (storage, transport) -40°C ... 80°C

The information in this Product-PDF has been compiled with the utmost care.
Liability for the correctness completeness and topicality of the information is restricted to gross negligence. Version: 2026-09-14

Murrelektronik GmbH | GrabenstraBe 29 | 71570 Oppenweiler | Fon +49 (71 91) 47-0 | Fax +49 (71 91) 47-491000 | shop@murrelektronik.com | shop.murrelektronik.com



